
Product Description
Poly-D-Lysine (PDL) coated polystyrene microplates are
coated with a 70 to 150 kDa PDL polymer via a proprietary
method. This polymer creates a uniform net positive
charge on the plastic surface which can enhance cell attach-
ment, growth and differentiation. In addition, this product
can foster increased survival in serum-free and low serum
conditions for certain cell types (1,4).

Quality Testing
Each lot of Poly-D-Lysine coated plates has been tested for
cell attachment performance in serum free media using
BHK-21 adherent cells. Each lot is also tested for endotox-
ins, bacteria and fungi.

Applications
Numerous cell lines have been cultured successfully on PDL
coated surfaces including the following:
� HEK-293
� NIH3T3
� L929
� Mouse 3T3 fibroblasts
� PC12
� Chicken chondrocytes
� Mouse pituitary cells
� Ovarian tumor cells
� Transgenic mouse Q5B and Y8 cells
� Cortical neurons
� DRG (dorsal root ganglia)
� Neocortical cells
� Spinal cord neurons
� Hippocampal neurons
� Cerebellar granule cells
� GH3 pituitary tumor cells
� SF 21 Insect cells
� Mouse GT1-7 cells
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Storage and Handling Conditions
For optimal performance, the unopened product should be stored in a dry place at 2 to 30°C.
Refer to the product label for expiration date. Once opened, it is suggested that the product
be used immediately.

Assays should not be performed on this product at >60°C.

Intended Use
For Research Use Only.

Not for use in diagnostic procedures.

References
1. McKeehan, W.L. and Ham, R.G. J. Cell Biol. 71:727-734, 1976.
2. Freshney, R.I. Culture of Animal Cells, 3rd ed. Wiley-Liss Inc., New York, 1994.
3. Doyle, A., Griffiths, J.B. and Newell, D.G. eds., Cell and Tissue Culture Laboratory Procedures.

Wiley, New York, 1998.
4. Mazia, D., Scatten, G., and Sale, W. J. Cell Biol. 66:198, 1975.

Poly-D Lysine Coated Plates Ordering Information
All Poly-D Lysine products include Corning universal polystyrene clear lids.

Cat. No. Description Qty/Pk Qty/Cs
3841 96 well Microplate, clear, flat bottom 20 100
3842 96 well Microplate, black, clear Bottom 20 100
3843 96 well Microplate, white, clear bottom 20 100
3844 384 well Microplate, clear, flat bottom 20 100
3845 384 well Microplate, black, clear bottom 20 100
3846 384 well Microplate, white, clear bottom 20 100

For additional product or technical information, please e-mail us at
CLStechserv@corning.com, visit www.corning.com/lifesciences, or call
1.800.492.1110. Outside the United States, please call 978.442.2200.
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Corning is a registered trademark of Corning Incorporated, Corning, NY.
Corning Incorporated, One Riverfront Plaza, Corning, NY 14831-0001

Corning Incorporated
Life Sciences
Tower 2, 4th Floor
900 Chelmsford St.
Lowell, MA 01851
t 800.492.1110
t 978.442.2200
f 978.442.2476

www.corning.com/lifesciences

Worldwide
Support Offices

A S I A / PAC I F I C
Australia
t 61 2-9416-0492
f 61 2-9416-0493
China
t 86 21-3222-4666
f 86 21-6288-1575
Hong Kong
t 852-2807-2723
f 852-2807-2152

India
t 91-124-235 7850
f 91-124-401 0207
Japan
t 81 (0) 3-3586
1996/1997
f 81 (0) 3-3586
1291/1292
Korea
t 82 2-796-9500
f 82 2-796-9300
Singapore
t 65 6733-6511
f 65 6861-2913

Taiwan
t 886 2-2716-0338
f 886 2-2716-0339

E U RO P E
France
t 0800 916 882
f 0800 918 636
Germany
t 0800 101 1153
f 0800 101 2427
The Netherlands
t 31 20 655 79 28
f 31 20 659 76 73

United Kingdom
t 0800 376 8660
f 0800 279 1117
All Other European
Countries
t 31 (0) 20 659 60 51
f 31 (0) 20 659 76 73

L AT I N AME R I C A
Brasil
t (55-11) 3089-7419
f (55-11) 3167-0700
Mexico
t (52-81) 8158-8400
f (52-81) 8313-8589


